Tripp Lite Wants to be Yo.ur
New Power Cord Partner.

The Tripp Lite Advantage ~ Find the

Tripp Lite
As an industry leader in Cables and Connectivity, Tripp Lite alternativ.e to
offers hundreds of power cords for diverse environments, 1" StayOnline

including data centers, warehouses and healthcare facilities. 4 | "POWEr cords.

&

Reliability: For over 95 years, Tripp Lite has offered quality products with
innovative features. Most of our power cords come with a lifetime warranty.

Value: Tripp Lite offers competitive pricing without sacrificing features
and performance.

Service: Our in-house team of product experts provides personalized support.

Selection: Choose from hundreds of power cords with a wide array of connectors,
amp ratings, lengths and colors.

Power Cord Cross-Reference Guide

StayOnline SKU Tripp Lite

(Model Number) Alternative Tripp Lite Description

Power Cords

1649A (PFL52012C1997) P045-010 Heavy-Duty Power Cord, C19 to NEMA L5-20P - 20A, 125V, 12 AWG, 10 ft., Black

1650A (PF52012C1997) P049-010 Heavy-Duty Power Cord, C19 to NEMA 5-20P - 20A, 125V, 12 AWG, 10 ft., Black

1992 (PF51514C1548) P019-004 Heavy-Duty Power Cord, NEMA 5-15P to C15 - 15A, 125V, 14 AWG, 4 ft., Black

2319 (PF51514E300) P024-025 Heavy-Duty Power Extension Cord, NEMA 5-15P to NEMA 5-15R - 15A, 120V, 14 AWG, 25 ft., Black
2680A (PFL62012C1997) P040-006 Heavy-Duty Power Cord, C19 to NEMA L6-20P - 20A, 250V, 12 AWG, 6 ft., Black

3198 (PF51514E12) P024-001-13A Power Extension Cord, NEMA 5-15P to NEMA 5-15R - 13A, 120V, 16 AWG, 1 ft., Black

3227 (PF51514E36) P024-003 Heavy-Duty Power Extension Cord, NEMA 5-15P to NEMA 5-15R - 15A, 120V, 14 AWG, 3 ft., Black
3269 (PFL63012C19180) P040-012-P30 Heavy-Duty Power Cord, C19 to NEMA L6-30P - 20A, 100-250V, 12 AWG, 12 ft., Black

33214 (PFL63010Y31M24) P041-001-2 Heavy-Duty Power Extension Cord/Splitter, NEMA L6-30P to 2x NEMA L6-30R - 30A, 250V, 10 AWG, 1 ft., Black
3912 (PFC1414C1524V) P018-002-AOR Heavy-Duty Power Cord, C14 to C15 - 15A, 250V, 14 AWG, 2 ft., Orange

4014 (PF51514E72) P024-006 Heavy-Duty Power Extension Cord, NEMA 5-15P to NEMA 5-15R - 15A, 120V, 14 AWG, 6 ft., Black
4433 (PFC2012Y36M9) P036-006-2C19 Heavy-Duty Power Extension Cord/Splitter, C20 to 2x C19 - 20A, 250V, 12 AWG, 6 ft., Black

4449 (PFC2012Y14C1324M12) P032-002-2C13 Heavy-Duty Power Cord/Splitter, C20 to 2x C13 - 15A, 100-250V, 14 AWG, 2 ft., Black

4596 (PFL62012C19120) P040-010 Heavy-Duty Power Cord, C19 to NEMA L6-20P - 20A, 250V, 12 AWG, 10 ft., Black

5060 (PF515R14E180) P024-010-15D Heavy-Duty Power Extension Cord, Right-Angle NEMA 5-15P to NEMA 5-15R - 15A, 120V, 14 AWG, 10 ft., Black
6697 (YL-3215) P002-000 Power Cord Adapter, NEMA 5-15R to C14 - 10A, 125V, Black

6703 (YL-3214) P014-000 Power Cord Adapter, C14 to C5 - 10A, 250V, Black

6704 (YL-3213-CE) P016-000 Power Cord Adapter, C14 to C7 - 10A, 250V, Black

6705 (YL-3112) P003-000 Power Cord Adapter, C8 to C13 - 10A, 125V, Black

8227A (PF316P61.5C19178) P070-010 Heavy-Duty Extension Cord, IEC 309 to C19 - 16A, 250V, 16 AWG, 10 ft., Black

8603 (PF51514E180) P024-015 Heavy-Duty Power Extension Cord, NEMA 5-15P to NEMA 5-15R - 15A, 120V, 14 AWG, 15 ft., Black
8752 (PFL62012C19180) P040-014 Heavy-Duty Power Cord, C19 to NEMA L6-20P - 20A, 250V, 12 AWG, 14 ft., Black

8834 (PF51514E120) P024-010 Heavy-Duty Power Extension Cord, NEMA 5-15P to NEMA 5-15R - 15A, 120V, 14 AWG, 10 ft., Black
9081A (PF51514C1597) P019-008 Heavy-Duty Power Cord, NEMA 5-15P to C15 - 15A, 125V, 14 AWG, 8 ft., Black

S$2121 (SPFC1414C1536) P018-003 Heavy-Duty Power Cord, C14 to C15 - 15A, 250V, 14 AWG, 3 ft., Black

$2928 (SPFC2012E72) P036-006 Heavy-Duty Power Extension Cord, C19 to C20 - 20A, 250V, 12 AWG, 6 ft., Black

S3101 (SPFC2012E24) P036-002 Heavy-Duty Power Extension Cord, C19 to C20 - 20A, 250V, 12 AWG, 2 ft., Black

S3396 (SPFC1414C1572) P018-006 Heavy-Duty Power Cord, C14 to C15 - 15A, 250V, 14 AWG, 6 ft., Black

S3547 (SPFC1414C1524) P018-002 Heavy-Duty Power Cord, C14 to C15 - 15A, 250V, 14 AWG, 2 ft., Black
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S3935 (SPFC1414C1536K) P018-003-AWH Heavy-Duty Power Cord, C14 to C15 - 15A, 250V, 14 AWG, 3 ft., White

S3939 (SPFC1414C1572K) P018-006-AWH Heavy-Duty Power Cord, C14 to C15 - 15A, 250V, 14 AWG, 6 ft., White

S3968 (SPFC1414C1524C) P018-002-ABL Heavy-Duty Power Cord, C14 to C15 - 15A, 250V, 14 AWG, 2 ft., Blue

S3969 (SPFC1414C1536C) P018-003-ABL Heavy-Duty Power Cord, C14 to C15 - 15A, 250V, 14 AWG, 3 ft., Blue

S3976 (SPFC1414C1572C) P018-006-ABL Heavy-Duty Power Cord, C14 to C15 - 15A, 250V, 14 AWG, 6 ft., Blue

S$3980 (SPFC1414C1524R) P018-002-ARD Heavy-Duty Power Cord, C14 to C15 - 15A, 250V, 14 AWG, 2 ft., Red

S3981 (SPFC1414C1536R) P018-003-ARD Heavy-Duty Power Cord, C14 to C15 - 15A, 250V, 14 AWG, 3 ft., Red

S3985 (SPFC1414C1572R) P018-006-ARD Heavy-Duty Power Cord, C14 to C15 - 15A, 250V, 14 AWG, 6 ft., Red

S4286 (SPFC2012E120) P036-010 Heavy-Duty Power Extension Cord, C19 to C20 - 20A, 250V, 12 AWG, 10 ft., Black

S4296 (SPFC2014E72) P036-006-15A Heavy-Duty Power Extension Cord, C19 to C20 - 15A, 250V, 14 AWG, 6 ft., Black

S4315 (SPFC2014E36) P036-003-15A Heavy-Duty Power Extension Cord, C19 to C20 - 15A, 250V, 14 AWG, 3 ft., Black

S4586 (SPFC1414C1972) P047-006 Heavy-Duty Power Cord, C19 to C14 - 15A, 250V, 14 AWG, 6 ft., Black

S8751 (SPFC1414C19120) P047-010 Heavy-Duty Power Cord, C19 to C14 - 15A, 250V, 14 AWG, 10 ft., Black

S8835 (SPFC1414C15120) P018-010 Heavy-Duty Power Cord, C14 to C15 - 15A, 250V, 14 AWG, 10 ft., Black

S9429 (SPFC1414C1948) P047-004 Heavy-Duty Power Cord, C19 to C14 - 15A, 250V, 14 AWG, 4 ft., Black

S9430 (SPFC1414C1924) P047-002 Heavy-Duty Power Cord, C19 to C14 - 15A, 250V, 14 AWG, 2 ft., Black

Computer Power Cords

1409b (PF51514C1997) P034-008 Heavy-Duty Computer Power Cord, C19 to NEMA 5-15P - 15A, 125V, 14 AWG, 8 ft., Black
1410 (PF62014C1372) P011-006 Heavy-Duty Computer Power Cord, NEMA L6-20P to C13 - 15A, 125V, 14 AWG, 6 ft., Black
1423 (YL-1212) P006-000 Computer Power Cord Adapter, NEMA 5-15P to C13 - 10A, 125V, Black

1524 (PF51518C13120) P006-010 Desktop Computer Power Cord, NEMA 5-15P to C13 - 10A, 125V, 18 AWG, 10 ft., Black

1532 (PF51518C13R72SVTHANK) P006-006-13RA Computer Power Cord, NEMA 5-15P to Right-Angle C13 - 10A, 125V, 18 AWG, 6 ft., Black
2003A P013-003 3-Slot Power Cord for Laptop/Notebook, NEMA 5-15P to C5 - 10A, 125V, 18 AWG, 3 ft., Black
2192 (PF51518C1336) P006-003 Desktop Computer Power Cord, NEMA 5-15P to C13 - 10A, 125V, 18 AWG, 3 ft., Black

2351 (PF51514C13240) P006-020 Desktop Computer Power Cord, NEMA 5-15P to C13 - 10A, 125V, 18 AWG, 20 ft., Black
2699A (PF51514C19120) P034-010 Heavy-Duty Computer Power Cord, C19 to NEMA 5-15P - 15A, 125V, 14 AWG, 10 ft., Black
2888 (PF51514C1372) P007-006 Heavy-Duty Computer Power Cord, NEMA 5-15P to C13 - 15A, 125V, 14 AWG, 6 ft., Black
2889 (PF51516C1372) P006-008-13A Desktop Computer Power Cord, NEMA 5-15P to C13 - 13A, 125V, 16 AWG, 8 ft., Black

2966 (PF51518C13180SVT) P006-015 Desktop Computer Power Cord, NEMA 5-15P to C13 - 10A, 125V, 18 AWG, 15 ft., Black

3064 (PF51518C1348) P006-004 Desktop Computer Power Cord, NEMA 5-15P to C13 - 10A, 125V, 18 AWG, 4 ft., Black

3267 (PF51514C1324) P007-002 Heavy-Duty Computer Power Cord, NEMA 5-15P to C13 - 15A, 125V, 14 AWG, 2 ft., Black
3284 (PF51516C1324) P006-002-13A Desktop Computer Power Cord, NEMA 5-15P to C13 - 13A, 125V, 16 AWG, 2 ft., Black

3434 (PF51514C13300) P006-025 Desktop Computer Power Cord, NEMA 5-15P to C13 - 10A, 125V, 18 AWG, 25 ft., Black

3557 (PF51514C13T180) P006-006-13LA Computer Power Cord, NEMA 5-15P to Left-Angle C13 - 10A, 125V, 18 AWG, 6 ft., Black
37289 (PF51516C1348Y) P006-004-YW Desktop Computer Power Cord, NEMA 5-15P to C13 - 10A, 125V, 18 AWG, 4 ft., Yellow Plugs
3996 P012-006 2-Slot Non-Polarized Power Cord for Laptop/Notebook, NEMA 1-15P to C7 - 10A, 120V, 18 AWG, 6 ft., Black
4120 (PFC1418C572) P014-006 Laptop Power Adapter Cord, C14 to C5 Adapter - 2.5A, 250V, 18 AWG, 6 ft., Black

4319 (PF51518YC1372M24) P006-006-2 Power Cord/Splitter, NEMA 5-15P to 2x C13 - 10A, 125V, 18 AWG, 6 ft., Black

4519 (YL-1212L) P006-000-DA Computer Power Cord Adapter, NEMA 5-15P to Down-Angle C13 - 10A, 125V, Black

4603 (PF51518C1372) P006-006 Desktop Computer Power Cord, NEMA 5-15P to C13 - 10A, 125V, 18 AWG, 6 ft., Black

4826 (PFC141651512) P002-002 Computer Power Cord, NEMA 5-15R to C14 - 13A, 125V, 16 AWG, 2 ft., Black

4827 (PFC141451512) P002-001-10A Computer Power Cord, NEMA 5-15R to C14 - 10A, 125V, 18 AWG, 1 ft., Black

4831 (PFC141651536) P002-002 Computer Power Cord, NEMA 5-15R to C14 - 13A, 125V, 16 AWG, 2 ft., Black

5779 (PF51514C13120) P007-010 Heavy-Duty Computer Power Cord, NEMA 5-15P to C13 - 15A, 125V, 14 AWG, 10 ft., Black
6080 (PF515R14C13R36) P007-003-15D Heavy-Duty Computer Power Cord, Right-Angle NEMA 5-15P to C13 - 15A, 125V, 14 AWG, 3 ft., Black
6193 (PF51518YC1324M7) P006-18N-2 Power Cord/Splitter, NEMA 5-15P to 2x C13 - 10A, 125V, 18 AWG, 1.5 ft., Black

6227A (PF51514C13R97) P006-010-13RA Computer Power Cord, NEMA 5-15P to Right-Angle C13 - 10A, 125V, 18 AWG, 10 ft., Black
7238 (PF51516C13120) P006-006-HG13CL Desktop Computer Power Cord, NEMA 5-15P to C13 - 13A, 125V, 16 AWG, 8 ft., Black

8282A (PF51518C572SVTHANK-7A) | P013-006 3-Slot Power Cord for Laptop/Notebook, NEMA 5-15P to C5 - 10A, 125V, 18 AWG, 6 ft., Black
8367 (PF51518C1312) P006-001 Computer Power Cord, NEMA 5-15P to C13 - 10A, 125V, 18 AWG, 1 ft., Black

8474 (PF51514C1348R) P006-004-RD Desktop Computer Power Cord, NEMA 5-15P to C13 - 10A, 125V, 18 AWG, 4 ft., Red Plugs
8705 (PFC1418C512) P014-06N Laptop Power Adapter Cord, C14 to C5 - 2.5A, 250V, 18 AWG, 6 in., Black

8832 (PF51514C13144) P007-012 Heavy-Duty Computer Power Cord, NEMA 5-15P to C13 - 15A, 125V, 14 AWG, 12 ft., Black
8874 (PF51514C1336) P007-003 Heavy-Duty Computer Power Cord, NEMA 5-15P to C13 - 15A, 125V, 14 AWG, 3 ft., Black
9190 (PF51518C1324) P030-002-5 Desktop Computer Power Cord, NEMA 5-15P to C13 - 10A, 125V, 18 AWG, 2 ft., Black, 5 Pack
9680 (PF51514C1348l) P006-004-GN Desktop Computer Power Cord, NEMA 5-15P to C13 - 10A, 125V, 18 AWG, 4 ft., Green Plugs
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9924 (PF51514C1348C) P006-004-BL Desktop Computer Power Cord, NEMA 5-15P to C13 - 10A, 125V, 18 AWG, 4 ft., Blue Plugs
52839 (SPFC2014C1384) P032-007 Heavy-Duty Computer Power Cord, C20 to C13 - 15A, 100-250V, 14 AWG, 7 ft., Black
S3747 (SPFC2014C1336) P032-003 Heavy-Duty Computer Power Cord, C20 to C13 - 15A, 100-250V, 14 AWG, 3 ft., Black

PDU Power Cords

1302 (PFC1414E36V)

P005-003-AOR

Heavy-Duty PDU Power Cord, C13 to C14 - 15A, 250V, 14 AWG, 3 ft., Orange

2317 (PFC14T18E72) P005-006-14LA Heavy-Duty PDU Power Cord, C13 to Left-Angle C14 - 15A, 250V, 14 AWG, 6 ft., Black
2398 (PFC14R18E72) P005-006-14RA Heavy-Duty PDU Power Cord, C13 to Right-Angle C14 - 15A, 250V, 14 AWG, 6 ft., Black
2466 (PFC1418ET72) P004-002-13LA PDU Power Extension Cord, Left-Angle C13 to C14 - 10A, 250V, 18 AWG, 2 ft., Black
2469 (PFC1418ER36) P004-002-13RA PDU Power Extension Cord, Right-Angle C13 to C14 - 10A, 250V, 18 AWG, 2 ft., Black
2678 (PFC1418E48Y) P004-004-YW PDU Power Cord, C13 to C14 - 10A, 250V, 18 AWG, 4 ft., Yellow

30044 (PFC1414EWS108) P0O05-L10 Heavy-Duty PDU Power Cord, Locking C13 to C14 - 15A, 250V, 14 AWG, 10 ft., Black

3783 (PFC1418Y72M24)

P004-006-2C13

PDU Power Cord/Splitter, C14 to 2x C13, 10A, 250V, 18 AWG, 6 ft., Black

3839 (PFC1418E72V)

P004-006-AOR

PDU Power Cord, C13 to C14 - 10A, 250V, 18 AWG, 6 ft., Orange

4957 (PFC1418E36V)

P004-003-AOR

PDU Power Cord, C13 to C14 - 10A, 250V, 18 AWG, 3 ft., Orange

50012 (PFC141.0/17EWS24) P004-L02 PDU Power Extension Cord, Locking C13 to C14 - 10A, 250V, 18 AWG, 2 ft., Black
50013 (PFC141.0/17EWS36) P004-L03 PDU Power Extension Cord, Locking C13 to C14 - 10A, 250V, 18 AWG, 3 ft., Black
50015 (PFC141.0/17EWS48) P004-L04 PDU Power Extension Cord, Locking C13 to C14 - 10A, 250V, 18 AWG, 4 ft., Black
50016 (PFC141.0/17EWS72) P004-L06 PDU Power Extension Cord, Locking C13 to C14 - 10A, 250V, 18 AWG, 6 ft., Black
50046 (PFC1414EWS72) P005-L06 Heavy-Duty PDU Power Cord, Locking C13 to C14 - 15A, 250V, 14 AWG, 6 ft., Black
57509 (PFC141.0/17EWS108) P004-L10 PDU Power Extension Cord, Locking C13 to C14 - 10A, 250V, 18 AWG, 10 ft., Black

5992A (PFC1418Y19M7)

P004-18N-2C13

PDU Power Cord/Splitter, C14 to 2x C13 - 10A, 250V, 18 AWG, 18 in., Black

8319 (PFC1418ER12)

P004-002-13RA

PDU Power Extension Cord, Right-Angle C13 to C14 - 10A, 250V, 18 AWG, 2 ft., Black

9972 (PFC1414Q120M24)

P004-18N-4XC13

PDU Power Cord/Splitter, C14 to 4x C13 - 10A, 250V, 18 AWG, 18 in., Black

S1106 (SPFC1418E12) P004-001 PDU Power Cord, C13 to C14 - 10A, 250V, 18 AWG, 1 ft., Black

S$1265 (SPFC1414E24K) P005-002-AWH Heavy-Duty PDU Power Cord, C13 to C14 - 15A, 250V, 14 AWG, 2 ft., White
S$1274 (SPFC1414E36K) P005-003-AWH Heavy-Duty PDU Power Cord, C13 to C14 - 15A, 250V, 14 AWG, 3 ft., White
S$1293 (SPFC1414E72K) P005-006-AWH Heavy-Duty PDU Power Cord, C13 to C14 - 15A, 250V, 14 AWG, 6 ft., White
S$1302 (SPFC1414E36V) P005-003-AOR Heavy-Duty PDU Power Cord, C13 to C14 - 15A, 250V, 14 AWG, 3 ft., Orange
S1336 (SPFC1414E72V) P005-006-AOR Heavy-Duty PDU Power Cord, C13 to C14 - 15A, 250V, 14 AWG, 6 ft., Orange
S1707 (SPFC1414E24C) P005-002-ABL Heavy-Duty PDU Power Cord, C13 to C14 - 15A, 250V, 14 AWG, 2 ft., Blue
S1709 (SPFC1414E36C) P005-003-ABL Heavy-Duty PDU Power Cord, C13 to C14 - 15A, 250V, 14 AWG, 3 ft., Blue
S1715 (SPFC1414E72C) P005-006-ABL Heavy-Duty PDU Power Cord, C13 to C14 - 15A, 250V, 14 AWG, 6 ft., Blue
S1723 (SPFC1414E241) P005-002-AGN Heavy-Duty PDU Power Cord, C13 to C14 - 15A, 250V, 14 AWG, 2 ft., Green
S1727 (SPFC1414E36I) P005-003-AGN Heavy-Duty PDU Power Cord, C13 to C14 - 15A, 250V, 14 AWG, 3 ft., Green
S1735 (SPFC1418E36C) P004-003-ABL PDU Power Cord, C13 to C14 - 10A, 250V, 18 AWG, 3 ft., Blue

S1740 (SPFC1414E72I) P005-006-AGN Heavy-Duty PDU Power Cord, C13 to C14 - 15A, 250V, 14 AWG, 6 ft., Green
S1841 (SPFC1418E48I) P004-004-GN PDU Power Cord, C13 to C14 - 10A, 250V, 18 AWG, 4 ft., Green

S$1868 (SPFC1418E24K) P004-002-AWH PDU Power Cord, C13 to C14 - 10A, 250V, 18 AWG, 2 ft., White

$1883 (SPFC1418E36K) P004-003-AWH PDU Power Cord, C13 to C14 - 10A, 250V, 18 AWG, 3 ft., White

S$1896 (SPFC1418E120) P004-010 PDU Power Cord, C13 to C14 - 10A, 250V, 18 AWG, 10 ft., Black

S$1958 (SPFC1418E72K) P004-006-AWH PDU Power Cord, C13 to C14 - 10A, 250V, 18 AWG, 6 ft., White

S$1965 (SPFC1414E24) P005-002 Heavy-Duty PDU Power Cord, C13 to C14 - 15A, 250V, 14 AWG, 2 ft., Black
S$2232 (SPFC1418E21) P004-002 PDU Power Cord, C13 to C14 - 10A, 250V, 18 AWG, 2 ft., Black

S$2600 (SPFC1418E24R) P004-002-ARD PDU Power Cord, C13 to C14 - 10A, 250V, 18 AWG, 2 ft., Red

S2604 (SPFC1418E36R) P004-003-ARD PDU Power Cord, C13 to C14 - 10A, 250V, 18 AWG, 3 ft., Red

S2615 (SPFC1418E48R) P004-004-RD PDU Power Cord, C13 to C14 - 10A, 250V, 18 AWG, 4 ft., Red

S2623 (SPFC1418E72R) P004-006-ARD PDU Power Cord, C13 to C14 - 10A, 250V, 18 AWG, 6 ft., Red

S2630 (SPFC1414E24R) P005-002-ARD Heavy-Duty PDU Power Cord, C13 to C14 - 15A, 250V, 14 AWG, 2 ft., Red
S2631 (SPFC1414E36R) P005-003-ARD Heavy-Duty PDU Power Cord, C13 to C14 - 15A, 250V, 14 AWG, 3 ft., Red
52646 (SPFC1414E72R) P005-006-ARD Heavy-Duty PDU Power Cord, C13 to C14 - 15A, 250V, 14 AWG, 6 ft., Red
S2678 (SPFC1418E48Y) P004-004-YW PDU Power Cord, C13 to C14 - 10A, 250V, 18 AWG, 4 ft., Yellow

S2697 (SPFC1414E72Y) P005-006-YW Heavy-Duty PDU Power Cord, C13 to C14 - 15A, 250V, 14 AWG, 6 ft., Yellow Plugs
S$2832 (SPFC1416E72) P004-006-13A PDU Power Cord, C13 to C14 - 13A, 250V, 16 AWG, 6 ft., Black

S4065 (SPFC1418E180SVT) P004-015 PDU Power Cord, C13 to C14 - 10A, 250V, 18 AWG, 15 ft., Black

S4448 (SPFC1418E24C) P004-002-ABL PDU Power Cord, C13 to C14 - 10A, 250V, 18 AWG, 2 ft., Blue

S4490 (SPFC1414E36) P005-003 Heavy-Duty PDU Power Cord, C13 to C14 - 15A, 250V, 14 AWG, 3 ft., Black
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S4670 (SPFC1416E24) P004-002-13A PDU Power Cord, C13 to C14 - 13A, 250V, 16 AWG, 2 ft., Black

S4962A (SPFC1414E19) P005-18N Heavy-Duty PDU Power Cord, C13 to C14 - 15A, 250V, 14 AWG, 1.5 ft., Black
S5076 (SPFC1418E24V) P004-002-AOR PDU Power Cord, C13 to C14 - 10A, 250V, 18 AWG, 2 ft., Orange

S5138 (SPFC1414E120) P005-010 Heavy-Duty PDU Power Cord, C13 to C14 - 15A, 250V, 14 AWG, 10 ft., Black

S5625A (SPFC1418E31)

P004-002-13RA

PDU Power Cord, Right-Angle C13 to C14 - 10A, 250V, 18 AWG, 2 ft., Black

S5714 (SPFC1416E60) P004-005-13A PDU Power Cord, C13 to C14 - 13A, 250V, 16 AWG, 5 ft., Black
S6469 (SPFC1418E72C) P004-006-ABL PDU Power Cord, C13 to C14 - 10A, 250V, 18 AWG, 6 ft., Blue
S6470 (SPFC1418E48C) P004-004-BL PDU Power Cord, C13 to C14 - 10A, 250V, 18 AWG, 4 ft., Blue
S7130 (SPFC1418E36l) P004-003-AGN PDU Power Cord, C13 to C14 - 10A, 250V, 18 AWG, 3 ft., Green

S7133 (SPFC1418E72I)

P004-006-AGN

PDU Power Cord, C13 to C14 - 10A, 250V, 18 AWG, 6 ft., Green

S7365 (SPFC1414E12) PO05-12N Heavy-Duty PDU Power Cord, C13 to C14 - 15A, 250V, 14 AWG, 1 ft., Black
S7420 (SPFC1414E72) P005-006 Heavy-Duty PDU Power Cord, C13 to C14 - 15A, 250V, 14 AWG, 6 ft., Black
S8037 (SPFC1416E48) P004-004-13A PDU Power Cord, C13 to C14 - 13A, 250V, 16 AWG, 4 ft., Black
58261 (SPFC1418E48) P004-004 PDU Power Cord, C13 to C14 - 10A, 250V, 18 AWG, 4 ft., Black
58310 (SPFC1418E72) P004-006 PDU Power Cord, C13 to C14 - 10A, 250V, 18 AWG, 6 ft., Black
S8320A (SPFC1418E97) P004-008 PDU Power Cord, C13 to C14 - 10A, 250V, 18 AWG, 8 ft., Black
S8794 (SPFC1418E24I) P004-002-AGN PDU Power Cord, C13 to C14 - 10A, 250V, 18 AWG, 2 ft., Green
S9199 (SPFC1418E36) P004-003 PDU Power Cord, C13 to C14 - 10A, 250V, 18 AWG, 3 ft., Black
59289 (SPFC1416E36) P004-003-13A PDU Power Cord, C13 to C14 - 13A, 250V, 16 AWG, 3 ft., Black

Hospital-Grade Power Cords

1017 (PF51518C13120HG)

P006-010-HG10

Hospital-Grade Power Cord, NEMA 5-15P to C13 - 10A, 125V, 18 AWG, 10 ft., Black

1039 (PF51514C13180HG)

P006-025-HG15

Hospital-Grade Power Cord, NEMA 5-15P to C13 - 15A, 125V, 14 AWG, 25 ft., Black

3413 (PF51518C13180HG)

P006-015-HG10

Hospital-Grade Power Cord, NEMA 5-15P to C13 - 10A, 125V, 18 AWG, 15 ft., Black

4856 (PF52012C19120HG)

P049-006-GY-HG

Heavy-Duty Hospital-Grade Power Cord, NEMA 5-20P to C19 - 20A, 125V, 12 AWG, 6 ft., Gray

50326 (PF51518C13WS97HGC)

P006-010-HG13CL

Hospital-Grade Power Cord, NEMA 5-15P to C13 - 13A, 125V, 16 AWG, 10 ft., Clear Plugs

50327 (PF515Z14C13WSZ97HG)

P006-006-HG13CL

Hospital-Grade Power Cord, NEMA 5-15P to C13 - 13A, 125V, 16 AWG, 6 ft., Clear Plugs

9808 (PF51514E72HG)

P024-006-GY-HG

Hospital-Grade Extension Cord, NEMA 5-15P to NEMA 5-15R - 15A, 125V, 14 AWG, 6 ft., Gray

9809 (PF51514E180HG)

P024-015-GY-HG

Hospital-Grade Extension Cord, NEMA 5-15P to NEMA 5-15R - 15A, 125V, 14 AWG, 15 ft., Gray

International Power Cords

1492

(PFCEE7/16.75C772HO3VWHHANK) P059-006 European Computer Power Cord, C7 to Schuko - 2.5A, 250V, 18 AWG, 6 ft. (1.8 m), Black
::;551363D.75C772H03WHHANK) P061-006 UK Computer Power Cord, BS1363 to C7 - 2.5A, 250V, 18 AWG, 6 ft. (1.8 m), Black

1575 (PFCEE7/7D.75C1372HANK) | P054-006 European Computer Power Cord, C13 to Schuko - 10A, 250V, 17 AWG, 6 ft. (1.8 m), Black
1647 (PFBS1363D.75C1372HANK) | P056-006-10A UK Computer Power Cord, BS1363 to C13 - 10A, 250V, 18 AWG, 6 ft. (1.8 m), Black

1658 (PFCEE7/7D.75C572HANK) P058-006 European Computer Power Cord, C5 to Schuko - 2.5A, 250V, 18 AWG, 6 ft. (1.8 m), Black
1689 (PFBS1363D.75C572HANK) P060-006 UK Computer Power Cord, BS1363 to C5 - 2.5A, 250V, 18 AWG, 6 ft. (1.8 m), Black

7200A (PFGB209910A1.0C1397) P055-010-CHN1 China Computer Power Cord, GB 15934-2008 to C13 - 10A, 250V, 17 AWG, 10 ft. (3 m), Black
8609B (PFCEE7/71.5C1997) P050-008 European Computer Power Cord, C19 to Schuko - 16A, 250V, 16 AWG, 8 ft. (2.4 m), Black
9077A P052-008 UK Computer Power Cord, C19 to BS1363 - 13A, 250V, 16 AWG, 8 ft. (2.4 m), Black

Don’t see what you need?

Find more choices with our cross-reference tool,

cable finder and other resources at tripplite.com.

Custom options may be available for large orders.

You can also get help from our Pre-Sales Engineers.

e Call: 773.869.1773

¢ Email: presaleshelp@tripplite.com

¢ Chat: tripplite.com

© 2020 Tripp Lite. All trademarks are the property of their respective owners. Tripp Lite has a policy of
continuous improvement. Specifications are subject to change without notice. Photos and illustrations

may differ slightly from actual products.
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