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SmartOnline 3-Phase Replacement Power Highlights

module for SU1I0KRT3/1X UPS Bundle * 10,000VA on-iine 3U rackftower
ot-swappable power module

MODEL NUMBER: SU10KRT3/1XPM > [N IIE 6y

redundant power module for
mission-critical UPS
configurations involving
SU10KRT3/1X

m Package Includes

+ SU10KRT3/1X POWER
MODULE ONLY (3u)

Description
10,000 VA (10kVA) on-line, double-conversion UPS power module for spare or redundant UPS
configurations involving SUL10KRT3/1X UPS bundles. POWER MODULE ONLY.

Features

+ 10,000 VA (10kVA) on-line, double-conversion UPS power module for spare or redundant UPS
configurations involving SUL0KRT3/1X UPS bundles.

+ POWER MODULE ONLY

Specifications

OVERVIEW

UPC Code 037332148964

UPS Type On-Line

Accessory Type Power Module

Accessory Class UPS Accessories

INPUT

Input Phase 3-Phase

Nominal Input Voltage(s) Supported 220/380V 3-PH Wye; 230/400V 3-PH Wye; 240/415V 3-PH Wye
Voltage Compatibility (VAC) 220/380: 230/400: 240/415: 3-Phase
OUTPUT

Output Capacity (VA) 10000

Output Capacity (kVA) 10
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Output Capacity (Watts)

7000

Frequency Compatibility

50/ 60 Hz

Nominal Output Voltage(s)

200V; 220V, 230V, 240V

Supported

Output Receptacles Hardwire
BATTERY

Expandable Runtime No

DC System Voltage (VDC) 240
PHYSICAL

Primary Form Factor Rackmount
Material of Construction Steel

Shipping Dimensions (hwd / in.)

10.75 x 22.50 x 35.80

Shipping Dimensions (hwd / cm)

27.30 x 57.15 x 90.93

Shipping Weight (Ibs.)

68.00

Shipping Weight (kg)

30.84

Unit Dimensions (hwd / in.)

5.320 x 17.320 x 26.770

Unit Weight (Ibs.)

61.7

Unit Weight (kg)

27.99

WARRANTY & SUPPORT

Product Warranty Period
(International)

2-year limited warranty

Product Warranty Period (Mexico)

2-year limited warranty

Product Warranty Period (Puerto
Rico)

2-year limited warranty

1000 Eaton Boulevard
Cleveland, OH 44122
United States
https://tripplite.eaton.com
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