
Load in Watts

SMART1500XLTAA Estimated Runtime

 UPS   Battery Pack   20W   40W   60W   80W   100W   200W   300W   400W   500W   600W   700W   800W   900W   980W  

 SMART1500XLTAA   Internal Batteries   464   285   202   153   123   57   35   25   19   14   12   9.5   8.0   7.1  

 SMART1500XLTAA   1 BP36V15-2U   1,909   1,241   912   716   587   298   192   139   108   85   70   58   50   45  

 SMART1500XLTAA   1 BP36V42-3U   2,887   1,912   1,422   1,127   930   484   318   233   182   145   119   101   87   78  

 SMART1500XLTAA   2 BP36V42-3U   5,258   3,620   2,753   2,216   1,851   1,001   673   503   399   322   268   229   198   179  

 SMART1500XLTAA   3 BP36V42-3U   7,204   5,111   3,953   3,219   2,711   1,502   1,024   773   617   501   421   361   315   285  

 SMART1500XLTAA   4 BP36V42-3U   8,829   6,422   5,040   4,143   3,515   1,984   1,366   1,038   833   681   573   494   432   393  

 SMART1500XLTAA   5 BP36V42-3U   10,207   7,585   6,029   4,999   4,266   2,448   1,700   1,299   1,047   859   726   627   550   501  

 SMART1500XLTAA   6 BP36V42-3U   11,390   8,623   6,932   5,792   4,972   2,896   2,025   1,554   1,257   1,035   877   759   667   608  

 SMART1500XLTAA   7 BP36V42-3U   12,416   9,555   7,761   6,530   5,634   3,328   2,342   1,805   1,465   1,208   1,026   890   784   715  

 SMART1500XLTAA   8 BP36V42-3U   13,315   10,397   8,523   7,219   6,258   3,745   2,652   2,052   1,669   1,380   1,174   1,020   900   822  

 SMART1500XLTAA   9 BP36V42-3U   14,109   11,161   9,227   7,862   6,846   4,147   2,953   2,293   1,870   1,550   1,320   1,149   1,015   928  

 SMART1500XLTAA   10 BP36V42-3U   14,815   11,857   9,879   8,464   7,402   4,535   3,248   2,530   2,068   1,717   1,465   1,276   1,129   1,033  
All runtime values are in minutes. 
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