
20 50 100 200 300 400 500 600 700 800 900 1,000 1,100 1,200

SU1500RTXL2UN Internal batteries 0 346 199 111 54 34 24 18 14 11 9.3 7.8 6.7 5.7 5.0

SU1500RTXL2UN BP48V24-2U 1 1,293 790 468 246 162 118 91 74 61 51 44 39 34 31

SU1500RTXL2UN BP48V27-2US 1 1,745 1,080 648 347 231 169 132 107 89 75 65 57 51 45

SU1500RTXL2UN BP48V27-2US 2 3,011 1,916 1,179 651 441 329 260 213 178 152 133 117 104 94

SU1500RTXL2UN BP48V27-2US 3 4,157 2,700 1,691 952 653 492 391 323 272 233 204 180 161 145

SU1500RTXL2UN BP48V27-2US 4 5,198 3,437 2,184 1,246 862 653 523 433 366 316 276 245 220 199

SU1500RTXL2UN BP48V27-2US 5 6,148 4,131 2,658 1,535 1,069 814 654 544 461 398 350 311 280 253

SU1500RTXL2UN BP48V27-2US 6 7,018 4,785 3,114 1,817 1,273 973 784 654 556 481 424 377 340 308

SU1500RTXL2UN BP48V27-2US 7 7,819 5,403 3,554 2,094 1,473 1,131 914 764 650 564 497 444 400 363

SU1500RTXL2UN BP48V27-2US 8 8,558 5,987 3,977 2,364 1,671 1,287 1,042 873 744 647 571 510 460 419

SU1500RTXL2UN BP48V27-2US 9 9,241 6,540 4,386 2,629 1,866 1,441 1,169 981 838 729 644 576 521 474

SU1500RTXL2UN BP48V27-2US 10 9,876 7,065 4,780 2,888 2,058 1,593 1,295 1,089 931 811 718 642 581 529

SU1500RTXL2UN BP48V60RT-3U 1 2,520 1,588 969 530 357 265 208 170 142 121 105 92 82 74

SU1500RTXL2UN BP48V60RT-3U 2 4,373 2,851 1,791 1,011 695 524 418 345 290 250 218 193 173 156

SU1500RTXL2UN BP48V60RT-3U 3 5,965 3,996 2,564 1,478 1,028 782 628 522 442 382 335 298 268 242

SU1500RTXL2UN BP48V60RT-3U 4 7,347 5,037 3,292 1,928 1,353 1,037 836 698 593 515 453 404 364 330

SU1500RTXL2UN BP48V60RT-3U 5 8,558 5,987 3,977 2,364 1,671 1,287 1,042 873 744 647 571 510 460 419

SU1500RTXL2UN BP48V60RT-3U 6 9,627 6,858 4,624 2,785 1,982 1,532 1,245 1,046 894 778 688 616 557 507

SU1500RTXL2UN BP48V60RT-3U 7 10,579 7,660 5,236 3,191 2,285 1,773 1,445 1,216 1,042 909 805 722 653 596

SU1500RTXL2UN BP48V60RT-3U 8 11,432 8,400 5,815 3,584 2,581 2,010 1,642 1,385 1,188 1,039 921 826 749 684

SU1500RTXL2UN BP48V60RT-3U 9 12,200 9,085 6,363 3,965 2,870 2,242 1,836 1,552 1,333 1,167 1,036 931 844 771

SU1500RTXL2UN BP48V60RT-3U 10 12,895 9,722 6,884 4,333 3,152 2,471 2,028 1,716 1,477 1,294 1,150 1,034 939 858

All runtime values are shown in minutes.

SU1500RTXL2UN Estimated Runtime
UPS 

Load in Watts
Battery Pack BP qty


