
1,500 3,000 4,500 6,000 7,500 9,000 10,500 12,000 13,500 15,000 16,500 18,000 19,500 21,000 22,500 24,000

SU30K3/3 Included Batteries 167 81 51 36 27 22 18 13 13 11 10 8.6 7.6 6.9 6.2 5.0

SU30K3/3 (1) SURBC2030 232 115 73 52 40 32 26 22 19 16 14 13 11 10 9.4 8.5

SU30K3/3 (1) SUBF2030 & (2) SURBC2030 299 150 96 68 52 41 35 25 23 20 17 16 15 14 13 11

SU30K3/3 (1) SUBF2030 & (3) SURBC2030 367 185 119 86 66 53 44 37 32 28 25 22 20 18 16 15

SU30K3/3 (1) SUBF2030 & (4) SURBC2030 434 222 143 103 80 64 53 45 39 34 30 27 24 22 20 18

SU30K3/3 (1) SUBF2030 & (5) SURBC2030 502 258 168 122 94 76 63 53 46 40 36 32 29 26 24 22

SU30K3/3 (2) SUBF2030 & (6) SURBC2030 569 295 192 140 108 88 73 62 53 47 41 37 33 30 28 25

SU30K3/3 (2) SUBF2030 & (7) SURBC2030 637 332 217 159 123 100 83 71 61 53 47 42 38 35 32 29

SU30K3/3 (2) SUBF2030 & (8) SURBC2030 704 369 242 177 138 112 93 80 69 60 53 48 43 39 36 33

SU30K3/3 (2) SUBF2030 & (9) SURBC2030 770 406 268 196 153 124 104 88 76 67 59 53 48 44 40 37

SU30K3/3 (1) BP240V350 955 485 313 226 174 140 116 95 84 74 65 58 52 47 43 38

SU30K3/3 (1) BP240V400 1066 546 355 257 199 161 133 109 97 85 75 67 61 55 50 45

SU30K3/3 (1) BP240V400C 1066 546 355 257 199 161 133 109 97 85 75 67 61 55 50 45

SU30K3/3 (1) BP240V500 1339 699 459 336 262 212 177 147 130 114 101 91 82 74 68 61

SU30K3/3 (1) BP240V500C 1339 699 459 336 262 212 177 147 130 114 101 91 82 74 68 61

SU30K3/3 (2) BP240V350 1600 846 561 413 324 264 221 185 163 144 128 115 104 94 86 78

SU30K3/3 (2) BP240V400 1813 968 646 478 376 307 258 217 192 169 150 135 122 111 102 93

SU30K3/3 (2) BP240V400C 1813 968 646 478 376 307 258 217 192 169 150 135 122 111 102 93

SU30K3/3 (2) BP240V500 2326 1265 854 638 505 415 350 298 263 232 208 187 170 155 143 130

SU30K3/3 (2) BP240V500C 2326 1265 854 638 505 415 350 298 263 232 208 187 170 155 143 130

SU30K3/3 (3) BP240V500 3241 1811 1241 937 748 620 527 453 400 355 318 288 263 241 222 204

SU30K3/3 (3) BP240V500C 3241 1811 1241 937 748 620 527 453 400 355 318 288 263 241 222 204

SU30K3/3 (4) BP240V500 4093 2335 1619 1231 989 823 703 608 538 479 431 391 357 328 303 280

SU30K3/3 (4) BP240V500C 4093 2335 1619 1231 989 823 703 608 538 479 431 391 357 328 303 280

All runtime values are shown in minutes.

UPS Battery Configuration
Load in Watts

SU30K3/3 Estimated Runtime


